
 
Pressure

Draft indicator
Model 501

Applications

 ■ Power generation
 ■ Oil and gas
 ■ Petrochemical industries

Special features

 ■ Slim case
 ■ High readability scale
 ■ Silicon diaphragm
 ■ High repeatability

Draft indicators are compact instruments for direct 
measurement of very low and medium draft presure, positive, 
vacuum or differential.

These slim indicators match the performance of larger 
gauges, yet require only a quarter of the panel space.  Full 
127 mm acrylic scales are easy to read even from a distance, 
and full size diaphragms are employed to assure a big gauge 
performance.
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Fig. Draft indicator, model 501

Mounting requires a rectangular panel cutout and clamps are 
provided.  Zero adjustment from the rear is possible without 
dismantling the instrument.

Standard scales have zero at the bottom of the scale for 
positive and at the top for negatives ranges.  For compound 
ranges, the positive range is at the top.

Description
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Basic information

Switch enclosure Pressed sheet steel, weatherproof to IP65 IS:2147

Enclosure finish Backed hammertone grey

Sensing element  ■ Silicone elastomer diaphragm

Scale  ■ Linear
 ■ Square root

Input  ■ Direct - single 
 ■ Differential - dual

Movement Electro-polished 304SS pivots

Output options

Range 0 ... 25 mmWC minimum span
0 ... 1500 mmWC maximum span
Pressure, suction or differential

Range type  ■ Positive
 ■ Vacuum
 ■ Compound

Accuracy  ■ ±2% for spans above 50 mmWC
 ■ ±1 mmWC for spans upto 50 mmWC

Maximum over pressure  ■ 200 mmWC for spans upto 100 mmW
 ■ 800 mmWC for spans form 101 ... 400 mmWC
 ■ 3000 mmWC for spans from 401 ... 1500 mmWC

Operating condition

Process connection  ■ 1/4" NPT(F) per ASME B1.20.1 standard
 ■ 1/8" NPT(F) per ASME B1.20.1 optional

Back only

Ingress protection IP65

Mounting  ■ Flush panel standard
 ■ 2" pipe mounting optinal

Specifications
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Switch enclosure
Pressured sheet steel, weatherproof to IP65, IS:2147 –––––––––––––––––––501

Scale
Linear –––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––– 0
Square root ––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––– 1

Input
Direct (single input) ––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––– 1
Differential (dual input) ––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––– 2

Range type
Positive –––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––1
Vacuum ––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––2
Compound  –––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––3

Connection
1/4" NPT(F) per ASME B1.20.1 Back, standard ––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––S1
1/8" NPT(F) per ASME B1.20.1 Back, optional –––––––––––––––––––––––––––––––––––––––––––––––––––––––––––––P1

Ordering matrix

   ---  ---  ---  ---  ---
Sample model number                      

Note: Legend will be restricted to 3 lines maximum, with 11 characters in each line. Please furnishlegend details in the order.
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Dimensions in mm

     Single direct

     Single Pipe

Notes:
1. For differential pressure input – connect port – 1 for High &  port 2 for Low
2. For single  pressure input – connect port 2 alone 
3. Fig.A is for 2 instruments.  For stacking additional instruments, at every 60 mm intervals 
 provide two slots of 7 mm x 8 mm as shown (one at top & one at bottom) .

No. of Units 6 1 2 3 4 5 7 8

DIM 'A' 354 54 114 174 234 294 414 474
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Dimensions in mm

     Dual direct

     Dual Pipe

Ordering information
Switch enclosure / Scale / Input / Range type / Connection


